Product line card — Submersible pump cables

. . . Water Submersing Cross Number

Drinking water

TML Type B 0.6/1kV — - 60 °C 2,000m up to 50 mm? 3-4

S07BBH2-F 450/750 V (D) 60 °C 2,000 m up to 240 mm?

S1BBH2-F 0.6/1kV 60 °C 2,000 m up to 185 mm?
S05BC4B-F 300/500V O ° 60 °C 500 m up to 2.5 mm? 1-4
S1BC4B-F 0.6/1kV O ) 60 °C 2,000 m up to 120 mm? 3-4

Waste water

SO7HXHX 450/750 V O 40 °C 500 m up to 300 mm?
————————
SO7RC4N8-F 450/750 V O 40 °C 500 m up to 95 mm?
————————
S1BN8-F 0.6/1kV O 40 °C 2,000 m up to 500 mm?
————————
HYBRID 300/500 V O 40°C 500 m up to 1.5 mm? 2x2+4
————————
S1BC4N8-F 0.6/1kV O 40 °C 2,000 m up to 300 mm?

N)TSCGECWOEU 3.6/6 KV -6/10 kV up to 240 mm?
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0.6/1kV O 40 °C 500 m up to 240 mm?
________
NSHXOEU 0.6/1kV O 40 °C 500 m up to 400 mm?
________
N)SSHCOEU 0.6/1kV O 40 °C 500 m up to 240 mm?
________
NTSCGEWOEU 1.8/3 kV -18/30 kV O 40 °C 500 m up to 240 mm?

N)TSCGEWOEU 1.8/3 kV -18/30 kV O 40 °C 500 m up to 240 mm?
Hot water
- 450/750 V O - 110 °C 2,000 m up to 70 mm? 1-12
450/750 V 110 °C 2,000 m up to 240 mm?
N)TS-TGSH 3.6/6 kV 110 °C 2,000 m up to 70 mm?
Approvals: . .,.::.% Other cross sections and number of cores available upon request.
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